


p.18 p.32 p.42

p.48p.59p.36p.28

p.56 p.66 p.78 p.74

p.92p.86p.80

p.104p.96 p.108 p.114

p.137p.133 p.142

http://www.hpceurope.com/cat09/T1-017-044.pdf#page=2
http://www.hpceurope.com/cat09/T1-017-044.pdf#page=12
http://www.hpceurope.com/cat09/T1-017-044.pdf#page=16
http://www.hpceurope.com/cat09/T1-017-044.pdf#page=20
http://www.hpceurope.com/cat09/T1-017-044.pdf#page=26
http://www.hpceurope.com/cat09/T1-045-078.pdf#page=15
http://www.hpceurope.com/cat09/T1-045-078.pdf#page=18
http://www.hpceurope.com/cat09/T1-045-078.pdf#page=12
http://www.hpceurope.com/cat09/T1-045-078.pdf#page=22
http://www.hpceurope.com/cat09/T1-045-078.pdf#page=30
http://www.hpceurope.com/cat09/T1-045-078.pdf#page=34
http://www.hpceurope.com/cat09/T1-079-094.pdf#page=2
http://www.hpceurope.com/cat09/T1-079-094.pdf#page=8
http://www.hpceurope.com/cat09/T1-079-094.pdf#page=14
http://www.hpceurope.com/cat09/T1-095-106.pdf#page=2
http://www.hpceurope.com/cat09/T1-095-106.pdf#page=10
http://www.hpceurope.com/cat09/T1-107-140.pdf#page=2
http://www.hpceurope.com/cat09/T1-107-140.pdf#page=8
http://www.hpceurope.com/cat09/T1-107-140.pdf#page=27
http://www.hpceurope.com/cat09/T1-107-140.pdf#page=31
http://www.hpceurope.com/cat09/T1-141-172.pdf#page=2


http://www.hpceurope.com/cat09/T1-141-172.pdf#page=6
http://www.hpceurope.com/cat09/T1-141-172.pdf#page=18
http://www.hpceurope.com/cat09/T1-141-172.pdf#page=26
http://www.hpceurope.com/cat09/T1-173-190.pdf#page=2
http://www.hpceurope.com/cat09/T1-173-190.pdf#page=4
http://www.hpceurope.com/cat09/T1-173-190.pdf#page=6
http://www.hpceurope.com/cat09/T1-173-190.pdf#page=10
http://www.hpceurope.com/cat09/T1-173-190.pdf#page=14
http://www.hpceurope.com/cat09/T1-173-190.pdf#page=18
http://www.hpceurope.com/cat09/T1-191-232.pdf#page=2
http://www.hpceurope.com/cat09/T1-191-232.pdf#page=4
http://www.hpceurope.com/cat09/T1-191-232.pdf#page=9
http://www.hpceurope.com/cat09/T1-191-232.pdf#page=14
http://www.hpceurope.com/cat09/T1-191-232.pdf#page=21
http://www.hpceurope.com/cat09/T1-191-232.pdf#page=29
http://www.hpceurope.com/cat09/T1-191-232.pdf#page=37
http://www.hpceurope.com/cat09/T1-233-286.pdf#page=2
http://www.hpceurope.com/cat09/T1-233-286.pdf#page=7
http://www.hpceurope.com/cat09/T1-233-286.pdf#page=11
http://www.hpceurope.com/cat09/T1-233-286.pdf#page=14
http://www.hpceurope.com/cat09/T1-233-286.pdf#page=20
http://www.hpceurope.com/cat09/T1-233-286.pdf#page=23
http://www.hpceurope.com/cat09/T1-233-286.pdf#page=30































	Guides d'achat
	Index pictos
	Indexage et positionnement
	Broches à billes
	Poussoir à contact électrique
	Poussoir à ressort
	Doigt d'indexage
	Bouton d'indexage

	Elements de manoeuvre
	Volants plastiques ou aluminium
	Bouton
	Vis et écrou moletés
	Manette indexable
	Poignée de portage

	Systèmes de fermeture
	Grenouillère acier
	Grenouillère inox
	Crochet pour grenouillère
	Sauterelle acier ou inox
	Plot magnétique

	Indicateurs
	Indicateur numérique de position
	Douille de réduction
	Indicateur électronique de position

	Amortisseurs
	Pied de machine 
	Butée et amortisseur élastiques
	Absorbeur de chocs
	Amortisseur rotatif

	Ressorts
	Vérin à gaz acier et inox
	Ressort de compression
	Ressort de traction
	Ressort de traction au mètre 
	Ressort extra-raide
	Rondelle dynamique

	Accastillage
	Anneau de levage 
	Manilles droite et à lyre
	Maillon rapide
	Serre câble
	Tendeurs à anneaux ou à crochet
	Chape mâle

	Fixations
	Etriers
	Collier de serrage
	Clavette
	Goupilles élastique ou pleine
	Entretoises hexagonale ou lisse

	Visserie
	Rivet
	Vis épaulée
	Visserie nylon
	Visserie titane
	Vis à tête creuse ou fraisée
	Manchons

	Conditions générales de vente


<<
  /ASCII85EncodePages false
  /AllowTransparency false
  /AutoPositionEPSFiles true
  /AutoRotatePages /All
  /Binding /Left
  /CalGrayProfile (Dot Gain 20%)
  /CalRGBProfile (sRGB IEC61966-2.1)
  /CalCMYKProfile (Euroscale Coated v2)
  /sRGBProfile (sRGB IEC61966-2.1)
  /CannotEmbedFontPolicy /Warning
  /CompatibilityLevel 1.3
  /CompressObjects /Tags
  /CompressPages true
  /ConvertImagesToIndexed true
  /PassThroughJPEGImages true
  /CreateJDFFile false
  /CreateJobTicket false
  /DefaultRenderingIntent /Default
  /DetectBlends true
  /DetectCurves 0.0000
  /ColorConversionStrategy /LeaveColorUnchanged
  /DoThumbnails false
  /EmbedAllFonts true
  /EmbedOpenType false
  /ParseICCProfilesInComments true
  /EmbedJobOptions true
  /DSCReportingLevel 0
  /EmitDSCWarnings false
  /EndPage -1
  /ImageMemory 1048576
  /LockDistillerParams false
  /MaxSubsetPct 100
  /Optimize true
  /OPM 1
  /ParseDSCComments true
  /ParseDSCCommentsForDocInfo true
  /PreserveCopyPage true
  /PreserveDICMYKValues true
  /PreserveEPSInfo true
  /PreserveFlatness false
  /PreserveHalftoneInfo false
  /PreserveOPIComments false
  /PreserveOverprintSettings true
  /StartPage 1
  /SubsetFonts false
  /TransferFunctionInfo /Preserve
  /UCRandBGInfo /Preserve
  /UsePrologue false
  /ColorSettingsFile (None)
  /AlwaysEmbed [ true
    /Arial-Black
    /ArialMT
    /ArialMT-Bold
    /ArialMT-BoldItalic
    /ArialMT-Italic
    /ArialNarrow
    /ArialNarrow-Bold
    /ArialNarrow-BoldItalic
    /ArialNarrow-Italic
    /TimesNewRomanPS-BoldItalicMT
    /TimesNewRomanPS-BoldMT
    /TimesNewRomanPS-ItalicMT
    /TimesNewRomanPSMT
    /Verdana
  ]
  /NeverEmbed [ true
  ]
  /AntiAliasColorImages false
  /CropColorImages false
  /ColorImageMinResolution 300
  /ColorImageMinResolutionPolicy /OK
  /DownsampleColorImages false
  /ColorImageDownsampleType /Average
  /ColorImageResolution 300
  /ColorImageDepth 8
  /ColorImageMinDownsampleDepth 1
  /ColorImageDownsampleThreshold 1.50000
  /EncodeColorImages true
  /ColorImageFilter /FlateEncode
  /AutoFilterColorImages false
  /ColorImageAutoFilterStrategy /JPEG
  /ColorACSImageDict <<
    /QFactor 0.15
    /HSamples [1 1 1 1] /VSamples [1 1 1 1]
  >>
  /ColorImageDict <<
    /QFactor 0.15
    /HSamples [1 1 1 1] /VSamples [1 1 1 1]
  >>
  /JPEG2000ColorACSImageDict <<
    /TileWidth 256
    /TileHeight 256
    /Quality 30
  >>
  /JPEG2000ColorImageDict <<
    /TileWidth 256
    /TileHeight 256
    /Quality 30
  >>
  /AntiAliasGrayImages false
  /CropGrayImages false
  /GrayImageMinResolution 300
  /GrayImageMinResolutionPolicy /OK
  /DownsampleGrayImages false
  /GrayImageDownsampleType /Average
  /GrayImageResolution 300
  /GrayImageDepth 8
  /GrayImageMinDownsampleDepth 2
  /GrayImageDownsampleThreshold 1.50000
  /EncodeGrayImages true
  /GrayImageFilter /FlateEncode
  /AutoFilterGrayImages false
  /GrayImageAutoFilterStrategy /JPEG
  /GrayACSImageDict <<
    /QFactor 0.15
    /HSamples [1 1 1 1] /VSamples [1 1 1 1]
  >>
  /GrayImageDict <<
    /QFactor 0.15
    /HSamples [1 1 1 1] /VSamples [1 1 1 1]
  >>
  /JPEG2000GrayACSImageDict <<
    /TileWidth 256
    /TileHeight 256
    /Quality 30
  >>
  /JPEG2000GrayImageDict <<
    /TileWidth 256
    /TileHeight 256
    /Quality 30
  >>
  /AntiAliasMonoImages false
  /CropMonoImages false
  /MonoImageMinResolution 1200
  /MonoImageMinResolutionPolicy /OK
  /DownsampleMonoImages false
  /MonoImageDownsampleType /Average
  /MonoImageResolution 1200
  /MonoImageDepth -1
  /MonoImageDownsampleThreshold 1.50000
  /EncodeMonoImages true
  /MonoImageFilter /FlateEncode
  /MonoImageDict <<
    /K -1
  >>
  /AllowPSXObjects false
  /CheckCompliance [
    /None
  ]
  /PDFX1aCheck false
  /PDFX3Check false
  /PDFXCompliantPDFOnly false
  /PDFXNoTrimBoxError true
  /PDFXTrimBoxToMediaBoxOffset [
    0.00000
    0.00000
    0.00000
    0.00000
  ]
  /PDFXSetBleedBoxToMediaBox true
  /PDFXBleedBoxToTrimBoxOffset [
    0.00000
    0.00000
    0.00000
    0.00000
  ]
  /PDFXOutputIntentProfile (None)
  /PDFXOutputConditionIdentifier ()
  /PDFXOutputCondition ()
  /PDFXRegistryName ()
  /PDFXTrapped /False

  /Description <<
    /ENU (Use these settings to create Adobe PDF documents for quality printing on desktop printers and proofers.  Created PDF documents can be opened with Acrobat and Adobe Reader 5.0 and later.)
  >>
  /Namespace [
    (Adobe)
    (Common)
    (1.0)
  ]
  /OtherNamespaces [
    <<
      /AsReaderSpreads false
      /CropImagesToFrames true
      /ErrorControl /WarnAndContinue
      /FlattenerIgnoreSpreadOverrides false
      /IncludeGuidesGrids false
      /IncludeNonPrinting false
      /IncludeSlug false
      /Namespace [
        (Adobe)
        (InDesign)
        (4.0)
      ]
      /OmitPlacedBitmaps false
      /OmitPlacedEPS false
      /OmitPlacedPDF false
      /SimulateOverprint /Legacy
    >>
    <<
      /AddBleedMarks true
      /AddColorBars false
      /AddCropMarks true
      /AddPageInfo false
      /AddRegMarks false
      /BleedOffset [
        17
        17
        17
        17
      ]
      /ConvertColors /NoConversion
      /DestinationProfileName (Euroscale Coated v2)
      /DestinationProfileSelector /NA
      /Downsample16BitImages true
      /FlattenerPreset <<
        /ClipComplexRegions true
        /ConvertStrokesToOutlines false
        /ConvertTextToOutlines false
        /GradientResolution 300
        /LineArtTextResolution 1200
        /PresetName ([High Resolution])
        /PresetSelector /HighResolution
        /RasterVectorBalance 1
      >>
      /FormElements false
      /GenerateStructure true
      /IncludeBookmarks false
      /IncludeHyperlinks false
      /IncludeInteractive false
      /IncludeLayers false
      /IncludeProfiles false
      /MarksOffset 17
      /MarksWeight 0.250000
      /MultimediaHandling /UseObjectSettings
      /Namespace [
        (Adobe)
        (CreativeSuite)
        (2.0)
      ]
      /PDFXOutputIntentProfileSelector /NA
      /PageMarksFile /RomanDefault
      /PreserveEditing false
      /UntaggedCMYKHandling /UseDocumentProfile
      /UntaggedRGBHandling /UseDocumentProfile
      /UseDocumentBleed false
    >>
    <<
      /AllowImageBreaks true
      /AllowTableBreaks true
      /ExpandPage false
      /HonorBaseURL true
      /HonorRolloverEffect false
      /IgnoreHTMLPageBreaks false
      /IncludeHeaderFooter false
      /MarginOffset [
        0
        0
        0
        0
      ]
      /MetadataAuthor ()
      /MetadataKeywords ()
      /MetadataSubject ()
      /MetadataTitle ()
      /MetricPageSize [
        0
        0
      ]
      /MetricUnit /inch
      /MobileCompatible 0
      /Namespace [
        (Adobe)
        (GoLive)
        (8.0)
      ]
      /OpenZoomToHTMLFontSize false
      /PageOrientation /Portrait
      /RemoveBackground false
      /ShrinkContent true
      /TreatColorsAs /MainMonitorColors
      /UseEmbeddedProfiles false
      /UseHTMLTitleAsMetadata true
    >>
  ]
>> setdistillerparams
<<
  /HWResolution [2400 2400]
  /PageSize [1474.016 1020.473]
>> setpagedevice


